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 Designed to meet IEEE802.3ab requirement 
 Primary inductance 350uH min with 8mA DC Bias 
 RoHS Compliant. 
 Operating temperature range:0 to+℃ 70℃ 
 Storage temperature range:-25 to+125℃ ℃ 
 The part is POE enable with 350mA DC current 

Electrical Specifications @ 25℃ 
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Mechanical                             Schematic 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
NOTE: 
1、Dimensions:mm； 
2、Unless otherwise specified,tolerances:±0.25(mm)； 
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