MMBTRC231S... MMBTRC234S

NPN Silicon Epitaxial Planar Transistor

For switching, audio muting, interface circuit and
driver circuit applications
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Absolute Maximum Ratings (T, = 25 °C)
Parameter Symbol Value Unit
Collector Base Voltage Vceo 30 \
Collector Emitter Voltage Vceo 15 \Y
Emitter Base Voltage VEego 5 V
Collector Current Ic 600 mA
Total Power Dissipation Piot 200 mwW
Junction Temperature T, 150 °C
Storage Temperature Range Tsyg -55to0 + 150 °C
Characteristics at T,= 25 °C
Parameter Symbol |  Min. Typ. Max. Unit
DC Current Gain
atVee=5V, o= 50 mA hee | 200 - 800 -
Collector Base Breakdown Voltage
at lc = 50 pA Vericeo | 30 - - \Y;
Collector Emitter Breakdown Voltage
atlc=1mA Viericeo | 15 - - Y,
Emitter Base Breakdown Voltage Vv 5 ) ) i
at [e =50 pA (BRIEBO
Collector Base Cutoff Current | ) ) 05 A
atVeg= 30V cBO ' H
Collector Emitter Saturation Voltage
at I = 50 MA, Ig = 2.5 mA Veeay | - - 80 mv
Transition Frequency
atVee = 10V, -le = 50 mA, f = 100 MHz fr | 200 - MHz
MMBTRC231S 2.2
Input Resistor MMBTRC233S R1 - 10 - KQ
MMBTRC234S 4.7
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