
         1.P.C.B. mounted with 0.2x0.2”(5.0x5.0mm) copper pad areasNote:

NOTE 1

ES1A-F THRU ES1J-F

The plastic package carries Underwriters Laboratory
Flammability Classification 94V-0

For surface mounted applications

Low reverse leakage

Built-in strain relief,ideal for automated placement

High forward surge current capability

High temperature soldering guaranteed:
250 C/10 seconds at terminals

Glass passivated chip junction

Compliant to RoHS Directive 2011/65/EU

SURFACE MOUNT SUPER FAST RECTIFIER

Super fast switching for high efficiency

Case: JEDEC SMAF molded plastic body

Terminals: Solder plated, solderable per MIL-STD-750,
Method 2026

Polarity: Color band denotes cathode end

Mounting Position: Any

Weight:0.0018 ounce, 0.064 grams

Dimensions in inches and (millimeters)

SMAF

Cathode Band 
Top View

0.126(3.20)

0.141(3.60)

0.189(4.80)

0.173(4.40)

0.110(2.80)

0.094(2.40) 0.053(1.35)

0.065(1.65)

0.049(1.25)
0.037(0.95)

0.012(0.30)

0.004(0.10)

0.047(1.20)

0.028(0.70)

Compliant to Halogen-free
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FIG. 2-MAXIMUM NON-REPETITIVE PEAK FORWARD
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FIG. 1- FORWARD CURRENT DERATING CURVE
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FIG. 4-TYPICAL REVERSE CHARACTERISTICS

8.3ms SINGLE HALF SINE-WAVE
(JEDEC Method)

FIG. 3-TYPICAL INSTANTANEOUS FORWARD
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