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A9
SMD54
19.2*18.8*2.7(±0.2)mm
850/900/1800/1900MHz

GPRS Class 12

GPRS Class B

GSM Phase 2/2+ Class 4 (2W@850/ 900MHz)
Class 1 (1W@1800/1900MHz)
3.5~4.2V 4.0V

1.14mA@DRX=5
1.03mA@DRX=9

AT 3GPP TS 27.007, 27.005

GPRS Class 12 85.6kbps ( &

CS 1,2, 3, 4

PBCCH

/PDU

Half Rate (HR)
Full Rate (FR)
Enhanced Full Rate (EFR)
Adaptive Multi-Rate (AMR)

SIM 1.8V/3V

UART 3 ( ) 2400~1843200bps 115200bps

Pad

I2C USB UART SDMMC GPIO ADC

-20°C ~ +75°C
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