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Features

- IEC61000-4-2 (ESD)+15kV(Contact)

- Working voltage: 5 V

- Low leakage current.

- Low capacitance: 0.5 pF typical (I/O to GND)

Mechanical data
- Case: DFN-10 package, molded plastic.

- Terminals: Gold plated, solderable per
MIL-STD-750,method 2026.

- Mounting position: Any

Circuit Diagram

ESD Protection Array
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Dimensions in inches and (millimeters)
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Maximum Rating (at TA=25°C unless otherwise noted)

ESD Protection Array

1/0 Pin to GND

Parameter Symbol Value Unit
Peak pulse power ( tp = 8/20us) Ppp 90 W
Peak pulse current ( tp = 8/20us) IpP 5 A
ESD per IEC 61000-4-2 (Air) ESD +15 KV
ESD per IEC 61000-4-2 (Contact)
Operating temperature range Ty -55to +125 °C
Storage temperature range TsTG -55 to +150 °C
Electrical Characteristics (at TA=25°C unless otherwise noted)
Parameter Conditions Symbol Min Typ Max Unit
Reverse stand-off voltage VRWM 5 V
Forward voltage IF =10 mA VF 1.2 \%
Breakdown voltage IT=1mA VBR 6 Vv
Leakage current VRwWM = 5V IR 0.1 uA
TR e NERE
Clamping voltage
IO Pt OND Ve 15 18 v
Junction capacitance VR =0V, f=1MHz Cj 0.5 0.7 pF
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Percentage of Ipp
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ESD Protection Array

RATING AND CHARACTERISTIC CURVES (PLR0524)

Fig.1 - 8/20us Peak Pulse Current

Waveform ACC. IEC 61000-4-5 Fig.2 - Forward Characteristics
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Fig.3 - Typical Clamping Voltage Vs.

Peak Pulse Current Fig.4 - Power Rating Derating Curve
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Reel Taping Specification
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160mm (min) 400mm (min)
Direction of Feed
SYMBOL A B C d D D+ D:
150 +0.10
DEN-10 (mm) | 1142005 | 264£005 | 0642005 P10 | 1700£1.00 | 60002050 | 13502020
(inch) | 0045£0.002 | 0104 £0.002 | 0.025 £0.002 | %9 *20% | 70080039 | 236220020 | 0.53120.008
SYMBOL E F P Po P T w Wi
DEN-10 (mm) | 1752010 | 350%005 | 400%010 | 400%010 | 2002005 | 0202005 | soosozo | 120000
(inch) | 0.069£0.004 | 0.138£0.002 | 0.1570.004 | 0.457£0.004 | 007920002 | 0.008£0.002 | 03150012 | 2472+ D020
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ESD Protection Array

Suggested PAD Layout

DFN-10
SIZE
(mm) (inch) A
A 2.30 0.091 < >
Y Y
c 0.38 0.015 E
G B
C
E 0.30 0.012 v ——
F 0.50 0.020 D E F
G 0.24 0.009

Standard Packaging

Qty Per Reel | Reel Size
Case Type -
(Pcs) (inch)
DFN-10 3,000 7
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