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ci it Part NO Dimension(mm)
1rcults a A B
2 3962H-2P | 3.96 | 7.90
3 3962H-3P | 7.92 | 11.80
4 3962H-4P | 11.88 | 15.80
HOUSING 5 3962H-5P | 15.84 | 19.80
Part No: 39621 6 3962H-6P | 19.80 | 23.70
Materiat: ~ Nylon 66 UL94V-0 7 3962H-7P | 23.76 | 27.70
Insulation resistance: 1000M OHM /min 8 3962H-8P | 27.72 | 31.60
Withstand voltage: 1000V AC/minuite 9 3962H-9P | 31.68 | 35.60
Voltage rating: 250V AC/DC 10 3962H-10P | 35.64 | 39.60
Temperatuer range: -25°c to +85°c 11 2962H-11P | 39.60 | 43. 60
12 3962H-12P | 43.56 | 47.70
RUEAZ, 13 3962H-13P | 47.52 | 51.60
X.X: +0.50 14 3962H-14P | 51.48 | 55.60
XXX: +£0.25 15 3962H-15P | 55.44 | 59.60
XXXX: £0.10
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