
Metallized polyester film capacitor (Part is Safety film )

 Features

Smaller version of MMC type.

Highly reliable because of its self-healing performance.

Flame retardant epoxy resin coating. small size, and light weight.

Specifications

Temp. Range 40 +85 (+105 ) 1

Rated Voltage 250V, 400V, 450V  2, 630V.dc

Capacitance Range 250V.dc 0.0010~10μF(E-12), 400V.dc 0.0010~4.7μF(E-12)

450V.dc 0.10~2.2μF(E-12), 630V.dc 0.0010~2.2μF(E-12)

Capacitance Tolerance 5% J ,±10% K ,

Dissipation Factor 0.008 /or less(at 1kHz)

Insulation Resistance C 0.33μF    15,000MΩ /or more

C 0.33μF     5,000ΩF /or more

Endurance 85  WV×125% 1000Hr  3

C/C ±10% /with in     tanδ 0.011 /or less

IR C 0.33μF   2,700MΩ /or more

    C 0.33μF      900ΩF /or more

Damp heat 40 90~95%RH   WV  500Hr

C/C ±10% /with in     tanδ 0.011 /or less

IR C 0.33μF   2,700MΩ /or more

    C 0.33μF      900ΩF /or more

1 ()Marked temperature shows operatable when voltage is derated.

2 Recommendable for Active filtering circuit.

3 450V.dc : 85  WV×111% 1000Hr applied.
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 Lead dimension(mm)

For a pitch space(F) of the taping specification,refer to "Taping dimensions "on page 27 29.

Forming lead type

Cap range

Style

Straight lead type
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 Dimension(mm)

     Number of pieces for packing unit
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 Dimension(mm)

     Number of pieces for packing unit
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 Dimension(mm)

     Number of pieces for packing unit
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 Dimension(mm)

     Number of pieces for packing unit
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 Characteristics of permissible current to frequency
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However, a voltage shall be equal    
or below 250Vo-p , 354Vp-p. 
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However, a voltage shall be equal    
or below 400Vo-p , 566Vp-p. 
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However, a voltage shall be equal    
or below 450Vo-p , 566Vp-p. 
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However, a voltage shall be equal    
or below 630Vo-p , 707Vp-p. 
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