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& SPECIFICATIONS Unit:mm

<> Rated Load: 0.54 30V DC

¢{» Contact Resistance, = 0.030Q

<» Insulation Resistance.: = 100MQ

<» Withstand Voltage. 500V AC/min

<» Insertion and Extraction Force. 3~20N
< Life; 5000cycles
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