Material
Insulator: PBT Glass Filled UL94V-0
Standard color:Black or Blue

2.7740. 05 Contact: Brass OR Phosphor Bronze
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C£0

.5 Current rating: 3A
Contact resistance: <15mQ

<25mQ (D-SUB Dual port)
Insulation resistance: <3000MQ2 AC500V
Dielectric voltage: <1000V/MIN
Operating temperature: -50° C~+105° C
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12. 60 9 DML-9P | 16.92[ 25.00 | 30. 80
5 DML—15P | 25. 25 | 33.30 | 39. 20
25 DML—25P| 38.96| 47.10 | 53. 10
37 DML—-37P| 55.42] 63.50 | 69. 40
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