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2. 應用領域/Application 

飲水機/ Water dispenser  

熱水器/Water heater 

印表機/Printers 

醫療設備/Medical devices or equipment 

需要偵測液體的電器，設備等/Electrical appliances and equipment’s etc. requiring liquid-level control 

3. 產品特徵/Product features 

無機械運動部件、可靠性高 

No mechanical moving components and with high reliability 

體積小、成本低 

Small in size and low in cost 

只需貼於容器外壁即可使用，非常方便安裝 

Simply locate the sensor to outside the liquid container (low temp) for detection. Easy assembly. 

超低待機功耗 

Low Power Consumption 

符合 RoHS 要求 

The sensor itself satisfies RoHS requirements 

防水等級 IP62 

Waterproofing standard IP62 

4. 電氣參數特性/ Electrical Specification（Ta=25°C） 

參數/Parameter 符號/Symbol 條件/Condition 最小值/Min   典型/Typ 最大值/Max 單位/Units 

直
流
特
性/direct-current characteristic 

工作電壓/Working Voltage VDD   4.5 5     5.5 V 

電流/current IDD 
VDD = 5V 有水狀態/in water 10 15 

 

 

 

 

20 mA

A VDD = 5V 無水狀態/in air 15 20 25 mA 

消耗功率 

power consumption 
PD 

VDD = 5V 有水狀態/in water 

in water 

50 75 100 mW 

VDD = 5V 無水狀態/in air 

in air 

75 100 125 mW 

輸
出
特
性/output characteristic 

有水狀態輸出電壓/output voltage in water VO1 VDD = 5V  Ta = 25℃ 0.0

0 

0.0 0.30 V 

無水狀態輸出電壓/output voltage in air VO2 VDD = 5V  Ta = 25℃ 4.5 5 5.3 V 

輸出源電流/output current IOL VDD = 5V  Ta = 25℃ — 10 — mA 

輸出灌電流/output current IOH VDD = 5V  Ta = 25℃ — 20 —

— 

mA 

響應時間/response time  VDD = 5V  Ta = 25℃ — 1 —

— 

S 

極
限
值/lim

it value 

       

極
限
值/lim

it value 
  

工作溫度/Operating Temperature Topr VDD = 5V -20 — 65 ℃ 

儲存溫度/Storage Temperature Tstg — -40 — 85 ℃ 

工作壽命/Working Time Wt VDD = 5V   Totg = 25℃ —

— 

50000 — h 

 

http://www.baidu.com/link?url=V6SGRYJPEm7thQ-2xMmlvui-MYK-sfvaqwqSevILpVWt58QvrLUSqgHscgrqWVjiCYjVcY-wARD78f8iArn2IPtA4LoZRyrP6LBCq2xflOKCzUeDQz8wG7X1eOtZkz0z
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