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公差 TOLEANCES
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Contact Resistance: 50mΩ Max
Insulation Resistance: DC 500V 100MΩ Min
Dielectric Strength: AC2000V 1 minute
Operating Temperature:

Rating:10A 250V AC (CCC)
            15A 250V AC(UL CUL)

0°C

MATERIAL:
    Body:PBT+15%GF
    Terminal:Brass  silver or tin plated
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