
MATERIAL:

  Housing:PBT,UL rated 94V0 min

  Bayonet:PBT,UL rated 94V0 min

  Terminal:Phosphor bronze,silver or tin plated

Fuse holder for overload protection

P.C.B.LAYOUT

Fuse:Ø5.0x20mm

Rating: 10A 250VAC (UL,CUL)

Operating Temperature:0℃~+85℃

Dielectric Strength: 1500VAC 1 minute
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