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A. Scope

This specification applies Ultrasonic sensor GU1008C-40T/R

B. Characteristics
1.1) Open structure and separate use
1.2) Compact and light weight
1.3) High sensitivity and sound pressure
1.4) Less power consumption
1.5) High reliability

C. Technical terms

No. Item Unit Specification

1 Construction Open

2 Using method Transmitter/Receiver

3 Nominal Frequency Hz 40K

4 Sensitivity ≥-75dBV/μMbar

5 S P L dB ≥108 (10V/30cm/sine wave)

6 Directivity 80deg

7 Capacitance pF 2100±25%@1KHz

8 Detectable range m 0.2….12

9 Operating Temperature ℃ -20….+80

10 Housing material Al
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F. Test Circuit
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