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A. Scope
This specification applies Ultrasonic sensor GU16D01L01-A27
B. Characteristics

1.1) Open structure and separate use
1.2) Compact and light weight
1.3) High sensitivity and sound pressure
1.4) Less power consumption
1.5) High reliability

C. Technical terms

No. Item Unit Specification

Center frequency(KHz) 401.0KHz

Echo Sensitivity ≥250mV

Decay Time ≤1.2ms

Directivity (deg) X-axis 6015

Directivity (deg) Y-axis 6015

Capacitance (pF) 200015%
Allowable Maximum Input

Voltage(Vp-p) 140(40KHz) Pulse width 0.5ms, interval 20ms

Operating Temperature(℃) -40～+80

Storage temperature(℃) -40～+85
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F. Test Circuit



G. Packing

NOTES:
1.10 PCS per box
2.Total 30 boxes per carton
3.Total 300 PCS carton
4.Volume:51×28×27.5cm
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