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Call Toll Free: 1 (800) 323-9612

D-subminiature Metal Shell
Crimp and Poke Contacts
D*U Series

Gold Flash 30µin. Gold
Pin 030-1952-000 030-1952-030
Socket 030-1953-000 030-1953-030

Ordering Information

D*U Series Stamped Contacts on 10K Reels

Dimensions

A B C Max.
Wire

Description AWG in mm in mm in mm
Pin #20, 22, 24 .066 1.67 .045 1.14 .537 13.64
Socket #20, 22, 24 .066 1.67 .045 1.14 .523 13.28

Plug Socket

Ordering Information

D*U Series Loose-Piece Machined Contacts

Plug Socket

Machined Contacts • 20-24 AWG Wire  

Stamped Contacts • 20-28 AWG Wire

Gold Flash 30µin. Gold
Pin BCL-1964-20P D110238-034
Socket BCL-1963-20S D110238-035


