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Dimensions

Sure Seal Plugs & Receptacles

Body Identifier Plug Number Receptacle No. A Dia. Max. B Dia. Max. C Max. D Max.

SS-5 P/R* 120-1841-000 120-1839-000 1.010 (25.65) 1.160 (29.46) .810 (20.57) 1.610 (40.89)

SS-6 P/R* 120-1842-000 120-1840-000 1.010 (25.65) 1.160 (29.46) .810 (20.57) 1.610 (40.89)

SS-7 P/R* 120-1873-000 120-1874-000 1.010 (25.65) 1.160 (29.46) .810 (20.57) 1.610 (40.89)

SS-8 P/R* 120-1865-000 120-1866-000 1.135 (28.83) 1.285 (32.64) .935 (23.75) 1.610 (40.89)

SS-9 P/R* 120-1867-000 120-1868-000 1.135 (28.83) 1.285 (32.64) .935 (23.75) 1.610 (40.89)

SS-10 P/R* 120-1869-000 120-1870-000 1.135 (28.83) 1.285 (32.64) .935 (23.75) 1.610 (40.89)

1 Circuit

Plug P/N 120-1832-000 Receptacle P/N 120-1833-000

2 – 4 Circuit

Body Identifier Plug Number (P) Receptacle No. (R) A Dia. Max. B Dia. Max. C. Max.

SS-1 P/R 120-1832-000 120-1833-000 .380 (9.65) .550 (13.97) .230 (5.84)

SS-2 P/R* 120-1807-000 120-1804-000 .550 (13.97) .710 (18.03) .430 (10.92)

SS-3 P/R* 120-1808-000 120-1805-000 .600 (15.24) .760 (19.30) .500 (12.70)

SS-4 P/R* 120-1809-000 120-1806-000 .600 (15.24) .760 (19.30) .500 (12.70)

Plug Receptacle

5 – 10 Circuit

Plug Receptacle

*Can use heat shrink boot: LSB1 for cable range .40 - .12

*Can use heat shrink boot:SB2 for cable range 1.01 - 2.90
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Sure Seal Flanged Plugs

Mini-Sure-Seal Plugs & Receptacles

Dimensions

2 – 4 Circuit

Body Plug (P) Receptacle (R) A B C D
Identifier Part Number Part Number Dia. Max. Dia. Max. Dia. Max. Max.

MSS-2 P/R* 120-8552-100 120-8551-100 .340 (8.64) .390 (9.91) .540 (13.72) .550 (13.97)

MSS-3 P/R* 120-8552-101 120-8551-101 .360 (9.15) .420 (10.67) .580 (14.74) .550 (13.97)

MSS-4 P/R* 120-8552-102 120-8551-102 .360 (9.15) .450 (11.43) .610 (15.50) .550 (13.97)

2 – 4 Circuit

A B C

1.571 (39.9)

.126 (3.2)

.571 (14.5)
±.008 (0.2)

.874 (22.2)
±.012 (0.3)

1.181 (30.0)
±.008 (0.2)

.906 (23)
±.004 (0.1)

E

.126 (3.2)
±.006 (0.15)

D

A B C D
Body Part Dia. Dia. Dia. Dia. E

Identifier Number +.12 (0.3) +.008 (0.2) +.012 (0.3) +.012 (0.3) +.008 (0.2)

SSF-2P 120-8552-200 .547 (13.9) .524 (13.3) .425 (10.8) .307 (7.8) .039 (1.0)

SSF-3P 120-8552-201 .598 (15.2) .583 (14.8) .484 (12.3) .315 (8.0) .020 (0.5)

SSF-4P 120-8552-202 .598 (15.2) .583 (14.8) .484 (12.3) .354 (9.0) .039 (1.0)

Body Plug Number
Identifier

SSF-8P 120-8552-305

SSF-9P 120-8552-306
SSF-10P 120-8552-307

Plug Receptacle

.393 (9.98)
.417 (10.59)

.150
(3.8)

1.112 (28.24)
1.136 (28.85)

1.088 (27.64)
1.104 (28.04)

1.088 (27.64)
1.104 (28.04)

.917 (23.29)

.933 (23.70)

.862 (21.89)

.886 (22.50)

1.46 (37.08)
±.020 (0.5)

.158
(4.01)

.059
(1.50)
.130
(3.30)

1.38
(35)

1.06
(27)

.126
(3.2)

Use with Mounting
Plate #066-8516-000

Use with Mounting Plate
#066-8516-002 or #066-8516-003

8 – 10 Circuit

*Can use heat shrink boot: LSB1 for cable range .40 - .12
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Dimensions

Accessories

Mounting Ring

Boot

Power Sure-Seal®

Body Part AWG
Identifier Number Size

SS-1P-4 120-1905-000 #4 or #6
SS-1P-8 120-1906-000 #8 or #10

Plug

Body Part AWG
Identifier Number Size

SS-1R-4 120-1903-000 #4 or #6
SS-1R-8 120-1904-000 #8 or #10

Receptacle

Receptacle

Plug

See page 14 for matching plugs and receptacles chart.

Part A B C F H L Hole Panel
Number Dia. Max. Dia. Max. Dia. Max. Max. Ref. Max. Diameter Thickness

351-1640-000 .410 (10.41) 1.275 (32.39) .790 (20.07) .230 (5.84) .055 (1.40) .690 (17.53)

351-1641-000 .470 (12.06) 1.275 (32.39) .790 (20.07) .230 (5.84) .055 (1.40) .690 (17.53)

351-1633-000 .755 (19.05) 2.200 (56.64) 1.445 (36.70) .330 (8.38) .065 (1.65) .830 (21.08)

351-1634-000 .875 (22.23) 2.200 (56.64) 1.445 (36.70) .330 (8.38) .065 (1.65) .830 (21.08)

.781
(19.84)

1.50
(38.12)

A Mounting Ring snaps into an
appropriate sized hole in a panel or
bracket and allows a non-flanged plug
or receptacle to be panel mounted.

Body Part B Cable K D
Identifier Number Dia. Max. O.D. Ref. Dia. Max.

SS-2 Boot 317-1398-000 .650 (16.51) .208-.228 (5.28-5.79) 2.050 (52.07) .380 (9.65)

SS-3 Boot+ 317-1397-000 .610 (15.50) .220-.240 (5.59-6.10) 2.050 (52.07) .380 (9.65)

SS-4 Boot+ 317-1399-000 .750 (19.05) .345-.380 (8.76-9.65) 2.050 (52.07) .500 (12.70)

SS-5–7 Boot 317-8657-000 1.063 (27.00) .283-.331 (7.20-8.40) 2.441 (62.00) .492 (12.50)

SS-8–10 Boot 317-8657-002 1.220 (31.00) .394-.488 (10.00-12.40) 2.480 (63.00) .732 (18.60)

K

B D

Fits over the rear of the connector and
seals the jacket of a multi-conductor
cable. Also provides additional strain relief
and abrasion resistance.

Note: In addition to boot, remember to use 225-0093-000 Wire Hole Fillers to fill any unused contact cavities.
+ May be used to cover industry standard BNC crimp style plugs. Call for more info.

See page 14 for matching plugs and receptacles chart.�

�

Call for new
overmolded
options

.060
(1.52)

Order Socket Contacts

Order Pin Contacts

www.peigenesis.com/pdf/csg4/sure-seal-series-how-to-order-table-for-connectors-and-accessories-pgs14-15.pdf
www.peigenesis.com/pdf/csg4/sure-seal-series-how-to-order-table-for-connectors-and-accessories-pgs14-15.pdf



