
Small Surface Mounting Type: SOD-323 

High Speed :t=4.0ns Typ. 

High speed switching 

 

Type No.   Marking    Package Code 

 LMDL914       5O   SOD-323 

MAXIMUM RATING @ Ta=25℃ unless otherwise specified

Parameter Symbol Limits Unit
Reverse Voltage VR 100 V

Forward Current IF 200 mA

Peak forward surge current IFM(surge) 500 mA

Power Dissipation PD 200 mW

Thermal resistance junction to ambient RθJA 635 ℃/W 

Junction temperature Tj 150 ℃

Storage temperature TSTG -55~+150 ℃

ELECTRICAL CHARACTERISTICS @ Ta=25℃ unless otherwise specified

Parameter Symbol Min. Typ. Max. Unit Conditions
Reverse breakdown voltage V(BR) 100  V IR=100μA 

Forward voltage VF 1.0 V IF=10mA 

Reverse current IR 
25 
5.0 

nA 
μA 

VR=20V 
VR=75V 

Capacitance between terminals CT 4.0 pF VR=0V,f=1.0MHz 

Reverse Recovery Time trr 4 ns IF=IR=10mA 
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       High Speed Switching Diodes
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Dimensions in inches and (millimeters)
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PACKAGE SPQ/PCS CARTON
SPQ/PCS

CARTON
SIZE/CM

CARTON
GW/KG

CARTON
NW/KG

SOD-323 3000/REEL 180000 44X44X22 9.00 8.00




