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(UNLESS SPECIFIED)

ANGULAR TOL ± 1.0 °
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DRWN BY DATE
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CHK'D BY DATE
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APPR BY DATE
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DRAWING SIZE THIRD ANGLE PROJECTION

B

NEW 2.0 PITCH W/B CONN. 
REC. 10 WAY HSG DURACLIK ISL SERIES
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THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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FORMAT: master-tb-prod-B
REVISION: G
DATE: 2017/02/06

RELEASE STATUS P1 RELEASE DATE 2018/09/10 04:24:45
C

USED ON

6.
4

±0.20 0.1±0.5°±1.4

NOTES:
1. MATERIAL: POLYESTER(PBT), GLASS FILLED, UL94V-0
        COLOR: NATURAL(WHITE)
2. MATES WITH: 502352,560020, SERIES
3. APPLICABLE TERMINAL: 560124-0101
4. APPLICABLE ISL: 560125-1000
5. GENERAL TOLERANCES: SEE TABLE
6. EVL AND RoHS COMPLIANT
7. PRODUCT SPECIFICATION: PS-560123-001
8. PACKING SPECIFICATION: PK-560123-001
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