
    

    

    
 

 

 

 

 

 

 

 

 

◆ Features 

 Ordering Information◆◆◆◆  

 

Ordering Number 
Package 

Pin Assignment 
Packing 

Lead Free Halogen Free 1 2 3 

SM3401SRL   SOT-23 G S D Tape Reel 

 

 

 

 

 

 

 

 

 

(1) S：SOT-23；

 

(2) R：Tape Reel 

 

(3) G：Halogen Free；L：Lead Free 

 

PRODUCT SUMMARY 
VDSS ID RDS(on) (m-ohm) Max 

-30V        -4.4A -4.5V  

 
 

(1)Package Type 

(2)Packing Type 

(3)Lead Free 
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85 @ VGS =- 2.5V 

SM3401 X X  X

SM3401SRG

     @ VGS = 65

Schematic diagram 



    

        

◆ Absolute Maximum Ratings (TA=25oC, unless otherwise noted) 

a:Fused current that based on wire numbers and diameter 

b:Repetitive Rating: Pulse width limited by the maximum junction temperature 

c:1-in2 2oz Cu PCB board  

◆ Electrical Characteristics (TA=25°C, unless otherwise noted) 

Note: Pulse Test: Pulse Width ≤300us, Duty Cycle≤2% 

     d: Guaranteed by design: not subject to production testing 
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Parameter Symbol Limit Unit 

Parameter  Symbol Condition Min Typ Max Unit 
Off Characteristics

On Characteristics 

Dynamic Characteristics 

Switching Characteristics

Drain-Source Diode Characteristics



Typical Electrical and Thermal Characteristics 

Figure 1:Switching Test Circuit  

Figure 3 Power Dissipation 

Figure 5 Output Characteristics 
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Figure 2:Switching Waveforms 

Figure 4 Drain Current 

Figure 6 Drain-Source On-Resistance
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Figure 7 Transfer Characteristics 

Figure 9 Rdson vs Vgs 

Figure 11 Gate Charge 

Figure 8 Drain-Source On-Resistance

Figure 10 Capacitance vs Vds 

Figure 12 Source- Drain Diode Forward
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Figure 13 Safe Operation Area 

Figure 14 Normalized Maximum Transient Thermal Impedance

www.sourcechips.com

5V01

SM3401



SOT-23 Package Information 

Dimensions in Millimeters Symbol MIN. MAX. 
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