APPROVAL SPECIFICATIONS

Title. IPX6 MICRO USB

Product Model. MU-0110

Customer’s Part NO.

Customer’s  Model:

Customer’s Approval Requested.

Please return this copy as a certification of your approval.

Checked hy: Date:
Approved by: Date:
APPROVE REVIEW POLT

XUNPU ELECTRONICS CO.,LTD
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CONTACT CURRENT RATING:T.0A(SIGNAL PIN2,3,4);2.0A(POWER PINT,5).
CONTACT RESISTANCE:S0mM) MAX.;

INSULATION RESISTANCE: TOOMEO MIN.;

DIELECTRIC WITHSTANDING: TO0OV AC MIN.;

DURABILITY:0,000CYCLES MIN,

. WATER PROOFNESS:THIS PRODUCT IS BASED ON [PX06;
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CONNECTOR MATING FORCES:25N (2.55Kgf)MAX ;
CONNECTOR UNMATING FORCES:2~25N (0.20~2.55Kgf);
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