linear dimension(Tolerances Standard GB/T 14486-2008) | — // | REVISION RECORD
REV. DESCRIPTION ECNNo. | APPROVED | DATE
over | over | over | over | over | over over | over —
variable 6 |10 |30 [60 |100 | 160 10 {100 A | HERE GF | 210813
range to to to to to to to |to to |[to
6 10 |30 |60 | 100 | 160 10 100
tolerance|+0.20|+0.30|+0.50 {£0.70 |+1.00|+1.30 | £1.60| 0.10 | 0.30 | 0.60 TR
uLeuL Tecnnﬁat Data G“"
5.08+0.03 // & 4%  UseGrowp B|C|D
~ BEhE  RetedVolage  [V] | 300 30
— — HEER  Rated Current Wl ol -1
g 1 B4H  Wire Range
A $I588 SoidStanced (WG] a
= A\ HE  Wihstanding Voltage 1600V/1Min
L AN - IEC #A8H
= ey == C Tl Da
\ HHERS  Overvottage Category m|m | n
@ H @ 4 Contamination Class 3| 2| 2
PCB LAYOUT ] /, JEhk  RadVotage [V | 250 | 400 | 500
0.50 HEdii  Rated Current W 15|15 | 15
HentafE
Px35.08 Impulse withstand voltagea Kv] 401 40 | 40
SHHEH Conductor cross section 5
VAR / / BRIZISE Solid/foxble  [mm] :
=4 'q Ce
4 nsuiation mvatena
Kgﬁ]g@?A B 2.54 @%MS S JEMES  Imfammabilty ULM4V-0
o \\ o S4k##  Contactor Material 444 Copper alloy
\\ ol o SHETHEE  Contactive Coating 4 Tin Plated
™ ~—
_V\\\\ ?I- S —§5%  OtherDala
) 3 I Pich ] 508
#8 Poles ] 224
H H U U U U U 0.50 H FUKE StippingLength ~ [mm] 45
] B4 Screw/H3E Torque(Max) [N.m] M2.5/0.4
2541 | | | TIfEEE Operating temperatur  [C] 40~+105
0.90 10,16 4.20 ——
5.08 ! ' B¢kR Pin Dinensions [mm] 40
(P-1Dx5.08 18,60 PCBEA# PCB Hole Diameter  [mm) 14
DES.| 1QQ | DATE | 210313 |dfir/UNITS|mm| R /SIZE |A4 ifil/ SCALE] 1:1| B=HAMHRD ANGLEPROECTON |k /|
REV
CHK | Y | DATE | 210313 K’\EF A® EETHRATHRAT g
APP. | CLF | DATE | 210343 | N  CIXIKEFAELECTRONICCOLTD  |pmr KF127A-5.08




