
XKB INDUSTRIAL PRECISION CO.,LIMITED

MODEL TYPE:

PART NO.:
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USB2.0

U217-04XN-4XV81

U217-04XN-4XV81

Housing Material: PBT UL94V-0,  Temperature
resistance shall not exceed 230℃，black/White。
Contact Terminal: Brass
Metallic Shell: Brass
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RECOMMENDED  PCB  LAYOUT

1:Au 1U''
6:Au  30U''

φ0.80[0.031] T:TIN
N:NICKEL

W:WHITE
B:BLACK

1:LCP
2:PA6T
3:PA9T
4:PBT
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