
5.08mm Crimp Style Connectors

M5082VK-02P

 Specifications :
Voltage rating: 250V AC / DC
Current rating: 10A  AC / DC
Withstanding voltage: 1500V AC/minute
Temperature range: -25°C~+85°C
Insulation resistance:≥1000MΩ
Contact resistance: ≤10mΩ
After environmental testing：≤20mΩ


