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DAILYWELL  ELECTRONICS  CO.,LTD.

DAILYWELL
FILE NAME : FK0010

Q'TYPART NAME

2
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PART NO.
MNU-PA03
NU-7K01

M12x0.75 SI  NUTS
WASHER

NU-1M09 1TOOTH WASHER3

SWITCH FUNCTION

 Term.
Comm.

ON (ON) 2-1  ON
2-3 (ON)

(  )=MOMENTARY

SPECIFICATIONS
RATING: DC9V,1A
CONTACT RESISTANCE:50m  MAX.
INSULATION RESISTANCECE:DC 500V 100M  MIN.
DIELECTRIC STRENGHT:1,000V RMS @SEA LEVEL.

OPERATING TEMP : -10  ~ +70
MECHANICAL LIFE:20,000  CYCLES                                                                                          
RoHS & Lead Free

OPERATING FORCE : 1.7±0.7Kgf

TOLERANCE :
0.00  mm ± 0.25mm
0.0    mm ± 0.40mm
ANGULAR:± 5°

Pushbutton Switches
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