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Pushbutton Switches

SWITCH   FUNCTIONSpecifications
Pole-position : Momentary Type, SPST with LED
Contact rating : 30V DC,0.1A
Contact resistance : 50 m  max. 1.5V DC ; 100mA,  by Method of Voltage DROP
Insulation resistance : 100 M  min. 500V DC
Dielectric strength : 500V AC for 1 Minute
Operating force 250±100gf
Operating life : 50,000 cycles
Operating temperature range : -40°C ~ 85°C
Total travel : 1.2±0.3mm

LED Color:Red

EPOXY

9.55 9.0±0.2,PANEL MOUNTING Ø7.90 Ø8.00

Materials
Cap : PC
Case & Housing : Nylon 6/6
Terminals : Copper alloy with gold plated.
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Recognizable direction is the indentation
on the positive pole of the LED.
The indentation direction pls depends on
the real object.
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