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MATERIAL
CASE:  PBT(UL 94-V0)
HOUSING:PBT(UL 94-V0)
ACTUATOR: PC
TERMINAL/CONTACT: Brass,Silver plated
RoHS & Lead Free

SPECIFICATIONS
CIRCUIT:  SPST-NO
FUNCTION: MOMENTARY
CONTACT  RATING: 
 1~50mA @5V~24V DC.(resistive load).
OPERATING  FORCE: 170±40gf (Standard Force)
TOTAL TRAVEL: 0.25+0.2/-0.1mm.
ELECTRICAL LIFE: 500,000 operations min.(Standard force)
CONTACT RESISTANCE: 100 m  max.(inital value)
INSULATION RESISTANCE: 100 M  min.
DELECTRIC STRENGTH:  500V RMS@sea level.
OPERATING TEMPERATURE: -25°Cto 70°C.
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