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SNAP ACTION SWITCH 

SPECIFICATIONS
RATING 30mA / 28VDC
OPERATING  SPEED: 10mm/sec
ELECTRIC LIFE :  20,000 CYCLES
MACHANICAL LIFE : 500,000 CYCLES
FORCE 1 5-7N
FORCE 2 10-13N
OPERATING POSITION 1 : 9.7 mm
OPERATING POSITION 2 :8.9 mm
FULL TRAVELS 2.0mm
MATERIALS
PUSHER POM BLACK
DUST PROTETION CAP POM BLACK
CASE PA NATURE GLASS FIBER REINFORCED
SPRING PIANO WIRE
CONTACT/TERMINALS BRASS, SLIVER PLATED.
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