
P.C.B. LAYOUT

FILE NAME :
DAILYWELL 

DAILYWELL  ELECTRONICS  CO.,LTD.

TOLERANCE ( ) :

SCALE ( ) : 4 : 1

ANGULAR : ± 5°

0.00  mm ±  0.25mm
 0.0    mm ±  0.40mm

RT0049

TITLE

DWG NO.

REV.

CHECKED BY

DATE SHEET

DRAWN BY

SIZE

UNIT

A4

mm

C QR-0507

1 of 1

ROTARY SWITCH
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IRENE

OCT - 25 - 2012B

RICHARD

MATERIAL
HOUSING: NYLON 6/6
BASE:LCP
ACTUATOR: NYLON 6/6
TERMINAL: Brass gold plating.
RoHS & Lead Free

SPECIFICATIONS
ELECTRICAL RATING: 0.5A 24VDC; 0.2A 48VDC
CONTACT RESISTANCE:100 m  MAX.
INSULATION RESISTANCECE:100 M  MIN. 500VDC
DIELECTRIC STRENGHT: 500VAC for 1 minute
OPERATING FORCE: 350±150g
OPERATING LIFE: 2,000 cycles
PERATING TEMPERATURE RANGE : -20°C ~ 70°C
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