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B SPECIFICATIONS
6. 30 1=0.20 _ e Voltage rating: 250V AC, DC
H e Current rating: 5A, AC, DC
_J y e Withstanding Voltage: 1500V AC/minute
e [nsulation resistance:1000MQ min
< < o e raae
: e Temperature range: —-25° C +85° C
S 7 e Contact resistance: 20mQ) max
/1
A A }Jﬁ B TERMINAL
o e Applicable wire: AWGH20-#24
— —1 e Material: Phosphor Bronze
B B N e Finish: Tin Plated
v e The Dimension Marked “ V¥ ” Must Be Recorded
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