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SPECIFICATION
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         2. Contact Resistance : 80m  Max
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                                       1. Rating : 150mA, 42V DC (Switching)
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                                200mA, 42V DC (None-Switching)

AutoCAD SHX Text
         3. Insulation Resistance : 100M  Min
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         4. Operating Force : 700gf Max
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         5. Life cycle : 10,000 steps
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