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(Q) NE (Q)max. (mA)max.
15 +25% 0.05 1500 MMZ2012R150ATD25
30 +25% 0.05 1500 MMZ2012R300ATD25
60 +25% 0.10 1000 MMZ2012R600ATD25
120 +25% 0.12 800 MMZ2012R121ATD25
300 +25% 0.15 600 MMZ2012R301ATD25
600 +25% 0.20 500 MMZ2012R601ATD25
1000 +25% 0.30 500 MMZ2012R102ATD25
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600 +25% 0.30 500 MMZ2012S601ATD25
1000 +25% 0.35 500 MMZ2012S102ATD25
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(Q) NE (Q)max. (mA)max.
15 +25% 0.05 1500 MMZ2012Y150BTD25
30 +25% 0.05 1500 MMZ2012Y300BTD25
60 +25% 0.10 1000 MMZ2012Y600BTD25
120 +25% 0.12 800 MMZ2012Y121BTD25
300 +25% 0.15 600 MMZ2012Y301BTD25
600 +25% 0.20 500 MMZ2012Y601BTD25
1000 +25% 0.30 500 MMZ2012Y102BTD25
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80 +25% 0.30 500 MMZ2012D800BTD25
120 +25% 0.30 500 MMZ2012D121BTD25
300 +25% 0.50 400 MMZ2012D301BTD25
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