
 
TPESD1CAN

Features Mechanical Characteristics

Applications

Ordering Information
Part Number Qty per Reel Reel Size

3000 7”TPESD1CAN

Can bus Esd Protection Diode
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 Ultra-Low capacitance (< 14pF)  

 Low Clamping Voltage 

 Working Voltage: 24V 

 Low Leakage Current 

 IEC 61000-4-2 (ESD) ±20kV (air), ±15kV (contact) 

 IEC 61000-4-4 (EFT) 40A (5/50ns) 

 SOT-23 package 

 Molding compound flammability rating: 

UL 94V-0 

 Packaging: Tape and Reel per EIA 481 



 

RoHS Compliant  

 CAN Bus Protection

 Automotive Appllcatrons

 

Dimensions and Pin Configuration    
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RATED
STAND-OFF

VOLTAGE

VWM
VOLTS

MINIMUM
BREAKDOWN

VOLTAGE

@ 5mA
V(BR)

VOLTS

MAXIMUM
CLAMPING
VOLTAGE

(Fig. 2)
@ IP = 3A

VC
VOLTS

MAXIMUM
LEAKAGE
CURRENT

@VWM
ID

µA

TYPICAL
CAPACITANCE

@0V, 1MHz
C

pF

24 25.4 70 0.05 155555655557899555554

PART
NUMBER

VWM
VOLTS
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20±

±

Absolute Maximum Ratings (Tamb=25°C unless otherwise specified)

Electrical Characteristics  (TA=25°C unless otherwise specified)
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Typical Performance Characteristics (TA=25°C unless otherwise Specified) 

FIGURE 3
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Outline Drawing - SOT23

Land Pattern - SOT23
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