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HORPEL

NOTES:

Voltage Rating:250V AC/DC
Current Rating:1.5A AC/DC

Dielectric Withstand Voltage:500V AC/minute

Contact Voltage:20MQ Max.
Insulation Voltage:1000MQ Min

Operation temperature:-40° C to +105° C

Insulator Material:Polyester.UL94V-0

Contact Material:Brass

Contact Plating:AuorSn Plated on Nickel Overall
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Recommended P.C.B Layout
P.C.B Board Tolerancex0.05 o

2.00*NO.OF POSITIONS=£0.40
2.00*NO.OF POSITIONS—2.00+£0.20

2.00*¥ (N—=1) POSITIONS
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Dimension antitheses list
item PA PC L W W, W, W, W W W) W, W, W W ,
Standard | 3.90 2.80 8.70
Alternate | —— | —— | ———
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