
2.00mm Crimp Style Connectors

P2016-XX-N0
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AND THE TEXT HEIGHT IS ABOUT 1.5 mm.

2. DIM. MARKED   ...TO BE CHECKED BY QC

NOTE: UNLESS OTHERWISE SPECIFIED

3. THE CAV.NO AND MARK IS LOCATED APPROXIMATELY

1. MATERIAL P/N: Nylon,UL94V-0 RATED COLOR White

 AS SHOWN WITH MAX. HEIGHT  0.03 mm ABOVE SURFACE 

. GATE PROTRUSION OR DEPRESSION: 0.05 mm MAX.

. MISMATCH IN PARTING LINE: 0.05 mm MAX.

. EJECTION MARK: 0.10 mm MAX.

. FLASH: 0.03 mm THICK BY 0.05 mm MAX.

4. THE FOLLOWING CONDITION SHALL BE MET:
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2.9±0.1


