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SCBM100505 Series
Part Number Z(Q) Te(i}”ﬁ;?q' Dgi)(?) I:g;ﬁ)
SCBM100505U000T 0~15 100 0.05 1800
SCBM100505U050T 0~15 100 0.05 1800
SCBM100505U070T 0~11 100 0.05 1800
SCBM100505U090T 5~13 100 0.05 1800
SCBM100505U110T 7~15 100 0.05 1800
SCBM100505U150T 9~21 100 0.05 1800
SCBM100505U190T 12~25 100 0.06 1500
SCBM100505U300T 30+£25% 100 0.08 1300
SCBM100505U600T 60+25% 100 0.10 1000
SCBM100505U121T 120£25% 100 0.15 800
SCBM100505U151T 150+25% 100 0.20 700
SCBM100505U201T 200+25% 100 0.25 700
SCBM100505U221T 220+25% 100 0.30 600
SCBM100505U301T 300+25% 100 0.30 600
SCBM100505U601T 600+25% 100 0.50 500
SCBM100505U801T 800+25% 100 0.65 300
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SCBM160808 Series
Part Number Z(Q) Te(i}”ﬁ;?q' Dgi)(?) I:g;ﬁ)
SCBM160808U000T 0~15 100 0.02 6000
SCBM160808U050T 0~15 100 0.02 6000
SCBM160808U070T 0~11 100 0.02 6000
SCBM160808U090T 5~13 100 0.02 6000
SCBM160808U110T 7~15 100 0.03 5000
SCBM160808U150T 9~21 100 0.03 5000
SCBM160808U190T 12~25 100 0.03 5000
SCBM160808U300T 30+£25% 100 0.03 4000
SCBM160808U600T 60+25% 100 0.04 3000
SCBM160808U101T 100+25% 100 0.06 2500
SCBM160808U121T 120+25% 100 0.07 2000
SCBM160808U181T 180+25% 100 0.09 1500
SCBM160808U221T 220+25% 100 0.12 1500
SCBM160808U301T 300+25% 100 0.18 1500
SCBM160808U501T 500+25% 100 0.18 1200
SCBM160808U601T 600+25% 100 0.18 1200
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SCBM201209 Series
Part Number 2(Q) Te(T\;ESq' Dﬁ':)(?) I:E:ZQ)
SCBM201209U000T 0~15 100 0.01 6000
SCBM201209U050T 0~15 100 0.01 6000
SCBM201209U070T 0~11 100 0.01 6000
SCBM201209U090T 5~13 100 0.01 6000
SCBM201209U110T 7~15 100 0.01 6000
SCBM201209U150T 9~-21 100 0.01 6000
SCBM201209U190T 12~25 100 0.01 6000
SCBM201209U300T 30+25% 100 0.01 6000
SCBM201209U600T 60+£25% 100 0.04 3500
SCBM201209U800T 80+25% 100 0.04 3000
SCBM201209U121T 120+£25% 100 0.05 3000
SCBM201209U181T 180+25% 100 0.08 2500
SCBM201209U221T 220+25% 100 0.08 2500
SCBM201209U301T 300+25% 100 0.08 2500
SCBM201209U601T 600+25% 100 0.10 2000
SCBM201209U102T 1000+25% 100 0.12 1500
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SCBM321609 Series
Part Number Z(Q) Te(i}”ﬁ;?q' Dzi)(?) I:g;ﬁ)
SCBM321609U000T 0~15 100 0.01 6000
SCBM321609U050T 0~15 100 0.01 6000
SCBM321609U070T 0~-11 100 0.01 6000
SCBM321609U090T 5~13 100 0.02 6000
SCBM321609U110T 7~15 100 0.02 6000
SCBM321609U150T 9~21 100 0.02 6000
SCBM321609U190T 12~25 100 0.02 6000
SCBM321609U260T 26+25% 100 0.02 6000
SCBM321609U280T 28+25% 100 0.02 6000
SCBM321609U300T 30+£25% 100 0.02 6000
SCBM321609U310T 31+25% 100 0.03 4000
SCBM321609U500T 50+25% 100 0.03 4000
SCBM321609U600T 60+25% 100 0.03 4000
SCBM321609U700T 70+£25% 100 0.04 4000
SCBM321609U800T 80+25% 100 0.04 4000
SCBM321609U121T 120£25% 100 0.04 4000
SCBM321609U151T 150+25% 100 0.05 3000
SCBM321609U221T 220+25% 100 0.06 3000
SCBM321609U301T 300+25% 100 0.07 2500
SCBM321609U501T 500+25% 100 0.09 2500
SCBM321609U601T 600+25% 100 0.10 2000
SCBM321609U801T 800+25% 100 0.11 2000
SCBM321609U102T 1000£25% 100 0.12 2000
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SCBM451616 Series
Part Number Z(Q) Te(i}”ﬁ;?q' Dzi)(?) I:g;ﬁ)
SCBM451616U190T 12~25 100 0.01 6000
SCBM451616U260T 26+25% 100 0.02 6000
SCBM451616U310T 31+25% 100 0.02 6000
SCBM451616U600T 60+25% 100 0.02 6000
SCBM451616U750T 75+25% 100 0.02 4000
SCBM451616U800T 80+25% 100 0.03 3000
SCBM453215 Series
Part Number 7(Q) Te(i;lqu' DS]Z)(((_)) ':‘(gﬁ)
SCBM453215U300T 30+£25% 100 0.01 6000
SCBM453215U310T 31+25% 100 0.01 6000
SCBM453215U380T 38+25% 100 0.01 6000
SCBM453215U400T 40+25% 100 0.01 6000
SCBM453215U500T 50+25% 100 0.01 6000
SCBM453215U600T 60+25% 100 0.01 6000
SCBM453215U700T 70+£25% 100 0.01 6000
SCBM453215U101T 100+25% 100 0.02 6000
SCBM453215U181T 180+25% 100 0.02 6000
SCBM453215U221T 220+25% 100 0.02 6000
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