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XKB: 3.25[0.128]+0.24.1 Voltage rating:250V AC/DC
FsEHUE: 250V AC/DC
Current rating: 2A AC/DC
hoofp A ul ul A 1.75[0.069]+0.15+ u s Hiif: 2A AC/DC
| | | | | | Withstanding voltage:1500V AC/minute
| | | | | | : o i FEHLE: 1500V ACH3h
: | : | : | : | : | : | g Temperature range:-25'C ~+85°C
| | | | | | | A, ETEE: -256C~+85C
[N o U e 1 e U e | e [ I o : S Insulation resistance:=1000MQ
I I | | | | = I} | p #i5 i 21000MQ
I I I I I I S 2 | = Contact resistance: <20mQ
] ] ] ] ] ! 3 g I © ekl <20mQ
=3 © 1 Linetype:AWG#22 AWG#24 AWGH#26 AWG#28
: % £ AWGH#22 AWGH#24 AWGH#26 AWGH#28
LT H I I I mu “" X9254 W V X- XX X-NO SN XX
| | | | | | T @ @
| | | | | | ! (DSeries No.
| | JI- JI- JI- | | @Category: W-WAFER
d] d] Y Y Y j FH (@Welding Board Angle: V-Stright 180°
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