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適用製品及び各種仕様書はSHEET 2を参照のこと
REFER TO SHEET 2 ABOUT APPLICABLE PRODUCTS 
AND VARIOUS SPECIFICATIONS
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部品
PART

材質
MATERIAL

ターミナル
TERMINAL

銅合金
COPPER ALLOY
コンタクト部：金めっき 0.1 micro-meters MIN
CONTACT AREA: GOLD PLATING 0.1 micro-meters MIN
バレル部：無光沢錫めっき 1.0micro-meter MIN
BARREL AREA ：MATTE TIN PLATING 1.0micro-meter MIN
ニッケルめっき(下地) 1.0 micro-meter MIN
NICKEL PLATING (UNDER PLATING) 1.0 micro-meter MIN
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2 適用製品及び各種仕様書
APPLICABLE PRODUCTS AND VARIOUS SPECIFICATIONS

梱包仕様書
PACKAGING SPECIFICATION

PART NUMBER DOCUMENT NUMBER
5037650098 SPK-503765-001

適合嵌合相手
MATE WITH

SMT
GOLD PLATING
RIGHT ANGLE

シリーズ番号 SERIES No 503763
製品仕様書

PRODUCT SPECIFICATION
PS-503764-001

アプリケーション仕様書
APPLICATION SPECIFICATION

AS-503764-001

適用ハウジング
APPLICABLE HOUSING

SINGLE TYPE

シリーズ番号 SERIES No 503764
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