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D-SUB FEMALE DUAL ROW IDC TYPE

6224-XXFNXXX0X

Ordering Information
6224- XX   F  N  XX    X  0 X

No.of Pins

09,15,25,37P

Contact Plating

S5=30u"Gold/Ni

S4=15u"Gold/Ni

S3=10u"Gold/Ni
S0=Gold Flash/Ni

Insulator Color Screw
B:Black

U:Blue
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6224-XXFNXXX01/3

6224-XXFNXXX02/4D2
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3=W/O Screw thread(two part)

4=W/T Screw thread(two part)

2=W/T Screw thread(three part)

1=W/O Screw thread(three part)

5=W/T Screw thread,Don't lock(two part)

6=W/T Screw thread&Nut,Don't lock (two part)
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