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@ Terminal E— 2 Brass(0.30t) Plating silver
@ Contact —_— 1 F.Ag/SUS Plating silver
@ Base —_— 1 Nylon Black
@ Cover — 1 SPCC Plating Nickel
@ Keystoke — i Nylon Black
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