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IR R TEL:0769-82001899
- SPECIFICATIONS
DM.5£0.5 1.Voltage rating: 250V AC, DC
—= =—3.9610.15 2.Current rating: 7A, AC, DC

3.Withstanding Voltage: 1500V AC/minute
4.Insulation resistance:1000MQ min
5.Temperature range: -25° C +85° C
6.Contact resistance: 10mQ max
HOUSING

Housing Material:Nylon66 UL94V-0(2)

. Accepts :T3961 terminal
| ~—A Mates with: M3961 series header
/ / i 7 ,% Poles : 02-16P
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