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MIN | NOM MAX
A il A 1.20 | 1.25 | 1.30

| A3 | 0.60 | 0.65 | 0.70
! T b1 0.35 | 0.40 | 0.45
b2 | 0.75 | 0.80 | 0.85
c 0.12 | 0.17 | 0.22
? ,ﬁj/r \x p | 2.95| 3.00 | 3.05
__;//p ey A\ T— E 2.70 | 2.80 | 2.90
’ L 3 " —
S El 1. 65 1. 70 1.75
o e 1. T0BSC
i L 0.32 | 0.40 | 0.48
L1 0. 55BSC
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