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0.47 +20% 100 5.39 4.90 11.0 14.0 SPM5030T-R47M-HZ
0.68 +20% 100 7.37 6.70 8.9 13.6 SPM5030T-R68M-HZ
1.0 +20% 100 11.5 10.4 8.0 10.4 SPM5030T-1ROM-HZ
1.5 +20% 100 18.5 16.8 6.8 9.2 SPM5030T-1R5M-HZ
2.2 +20% 100 21.3 19.3 4.8 8.5 SPM5030T-2R2M-HZ
3.3 +20% 100 29.5 26.8 4.3 6.5 SPM5030T-3R3M-HZ
4.7 +20% 100 49.5 45.0 4.0 4.7 SPM5030T-4R7M-HZ
5.6 +20% 100 73.9 67.1 3.6 4.5 SPM5030T-5R6M-HZ
6.8 +20% 100 82.0 74.5 3.4 4.2 SPM5030T-6R8M-HZ
10.0 +20% 100 159.0 144.5 2.6 2.9 SPM5030T-100M-HZ
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https://product.tdk.com/info/zh/products/inductor/inductor/smd/technote.html?utm_source=inductor_automotive_power_spm5030-hz_zh.pdf&utm_medium=catalog
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8.0+0.1

Dimensions in mm
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SPM5030-HZ 5.3+0.1 5.5+0.1 3.3+0.1
e et £ £ DEENE
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