
PART N0 Material

X2510H-XX-N0 Nylon 66  UL 94V-0 X2510T
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Circuit 1
Specifications :
Voltage rating: 250V AC / DC
Current rating: 3A  AC / DC
Withstanding voltage: 800V AC/minute
Temperature range: -25°C~+85°C
Insulation resistance:≥1000MΩ
Contact resistance: ≤10mΩ
After environmental testing：≤20mΩ

X2510 H -XX -N0  

Series No.
Category： H-HSG
Row No.-Pin No.:XX-Single row
Material：N0-PA66 94V-0
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2510H-XX-N2

2.54 mm Crimp Style Connectors
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