
 

XKB INDUSTRIAL PRECISION CO.,LIMITEDXKB INDUSTRIAL PRECISION CO.,LIMITEDXKB INDUSTRIAL PRECISION CO.,LIMITED

Rated range:   50mA DC12V

Insulation resistance:   ≥100MΩmin(DC100V)
Contact resistance:≤300mΩ
Compressive strength:   AC100V(50/60Hzfoy1minute)

Mechanical life:   50000 cycles

Operating temperature:   -10℃~+60℃

Operation strength:   50±30gf
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