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16.4 NOTES
MATERTAL
' ' L\ 1. HOUSTNG MATERTAL : GLASS FTLLED POLYESTER UL94V-0.
9. CONTACT MATERTAL - PHOSPHOR BRONZE 0. 46mm.
3. PLATING . GOLD FLASH PLATING OVER NTCKEL.
_ 4. SHIELD : 0. 20mm THICKNESS COPPER ALLOY | E
NE WITH NICKEL PLATED.
A pk ) ELECTRICAL
S o 1. VOLTAGE RATING - 125 VAC RMS.
H 2. CURRENT RATING . 1.5 AMP.
0 3. CONTACT RESTSTANCE - 40 MILLIOHMS MAX. ]
o 4. INSULATTON RESTSTANCE  : 500 MEGOHMS MIN @ 100V DC .
—=h 5. DIELECTRIC DIELECTRIC
HHHHM HJ . RESTSTANCE . 500V DC RMS 50Hz. IMIN.
i MECHANICAL
. 1.78 1. DURRABILITY 750 CYCLES MIN. D
1.0 3.56 2. MATING/UNMATING FORCE o 2.24 KG. F MAX.
1270 4.32 ENVTRONMENTAL :
1. STORAGE . —40°C~+85C. ]
2. OPERATTON . 0° C TO 70° C.
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