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MATERIAL:

    Body:Nylon66,UL rated:94V-0

    Actuator:Nylon66,UL rated:94V-0

    Terminal:Brass with silver-plate

R-4-210-CXL-BR-220

R-4-210-CXL-BR-220_A0

Contact Resistance: 50mΩ(Max)

Insulation Resistance: DC 500V 100MΩ (Min)

Dielectric Strength: AC1500V 1 minute

Electrical life: 10,000 cycles

Operating Temperature: 0℃~85℃

Safety Approval:

Rating: 16A 125V AC (UL  CUL  )

            16(4)A 250V AC (UL  CUL  VDE ENEC CB CQC)
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