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Schematic

Rating:0.5A 30V DC
Contact Resistance:100 mQ1 Max.

2 1 Operating temperature:—20C~707C
Operating force:3—20N
7.00 || 1.50(Typ) Operating Life:5,000cycles
| @ | Terminal | —— | 4 [Phosphor bronze Au Plating |
[©) Housing |—— | 1 Nylon Black
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