JSMICRO TIP31/31A/31B/31C

SEMICONDUCTOR NPN Power Transistors
DESCRIPTION
- With TO-220 package
Complement to type TIP32/32A/32B/32C
APPLICATIONS 2
Medium power linear switching
applications 1
3
PINNING
PIN DESCRIPTION
1 Base
TO-220
> Collector;connected to
mounting base
3 Emitter Fig.1 simplified outline
Absolute maximum ratings(Ta=25 )
SYMBOL PARAMETER CONDITIONS VALUE UNIT
TIP31 40
TIP31A 60
Vceo Collector-base voltage Open emitter \%
TIP31B 80
TIP31C 100
TIP31 40
TIP31A 60
Vceo Collector-emitter voltage Open base V
TIP31B 80
TIP31C 100
Vego Emitter-base voltage Open collector 5 \%
Ic Collector current (DC) 3 A
lem Collector current-Pulse 5 A
I Base current 1 A
Tc=25 40
Pc Collector power dissipation w
Ta=25 2
T; Junction temperature 150
Tstg Storage temperature -65~150
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JSMICRO

SEMICONDUCTOR

TIP31/31A/31B/31C
NPN Power Transistors

CHARACTERISTICS
Tj=25 unless otherwise specified

SYMBOL PARAMETER CONDITIONS MIN TYP. MAX UNIT
TIP31 40
Collect " TIP31A 60
ollector-emitter _ =
Veeosus) sustaining voltage lc=30mA; 1s=0 v
TIP31B 80
TIP31C 100
VcEsat Collector-emitter saturation voltage Ic=3A 1g=0.375A 1.2 \%
Vse Base-emitter on voltage Ic=3A; Vce=4V 1.8 \%
TIP31 Vce=40V; Ves=0
TIP31A Vce=60V; Vgg=0
| Collector 0.2 mA
CES cut-off current :
TIP31B VCEZBOV; VEB=0
TIP31C Vce=100V; Veg=0
TIP31/31A Vce=30V; =0
| Collector 0.3 mA
CEo cut-off current :
TIP31B/31C | Vce=60V; Ig=0
leso Emitter cut-off current Veg=5V; Ic=0 1.0 mA
hre-1 DC current gain Ic=1A; Vcg=4V 25
hee-2 DC current gain Ic=3A ; Vce=4V 10 50
fr Transiton frequency Ic=0.5A ; Vce=10V 3 MHz
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JSMICRO TIP31/31A/31B/31C

SEMICONDUCTOR NPN Power Transistors

PACKAGE OUTLINE
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Fig.2 Outline dimensions (unindicated tolerance:® 0:10 mm)
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JSMICRO

SEMICONDUCTOR

TIP31/31A/31B/31C
NPN Power Transistors

Base Saturation Voltage Vaess (W)

D0 Current Gain hire

Collesor Saturalion Wallage Vesesn V)

Collecior Curresnd | (&)

100

1.2

ns

ns

0¥

1@

a1

;
]
Il |
_— : 1]
|| I
I b
Il ]
| i
1w na anan Anonn
Collector Cumant le (mA]
Fin.3 DC current Gain
I flg=1n
i
P
i
L1 Vg bt
v
Vg el .ﬁ“"
HHH
11 100 1000l 1008
Cobgctor Curment e [may
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