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NOTES

/A MUST BE KEPT BETWEEN AND 2.

@ TO BE MATE WITH CAP HSG SMOOTHLY.
3, APPLIED CONTACT P/N: 173630, 173631.

OBSOLETE—®

368542—9 BLACK
3685421 NATURAL
P/N COLOR
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PRODUCT SPEC

APPLICATION SPEC

NAME

.070 MLC 12P PLUG HSG.

MATERIAL

P.B.T

FINISH

WEIGHT
9

SIZE
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00779
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