C-C310023501

C-C310023501

ORIGINIAL
PDF Format
R&D

30.3 REF

@7.6 REF

NOTES:
.MATERIAL:COPPER,T=0.8mm

.PLATING:SLIVER FINISHED

WIRE RANGE:6-10mm~2 /B\

I
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.CONTACT RESISTANCE:<2m()

.1000PCS PER REEL

.ROHS COMPL I ANCE

REV_| ECN DESCRIPTION DATE MODIFIED
A |C2569 RELEASE Nov-07-17 | Rock
B |C271 |[ADD 6MM~2 WIRE Jan-29-18 | Rock
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Amphenol PCD Shenzhen
% B X #®
2018 #2H7H
.CURRENT CARRING CAPACITY:60ACIOmm~2),40A(6mm"2)
DIMENSIONS | TOLERANCES | PROJECTION TITLE
ANSI YI4SM | X +05 Amphenol Pcd Shenzhen MALE CONTACT
UNITS: MM XX i0.0F: @ (] 1Omm"2
Pro/E FILE ANGLES +20
Rock Nov-07-17
ORIGINAL THIS DOCUMENT CONTAINS SIZE | DWG NO. Rev
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